


Color MPD Design Features
Color Display
* 640 x 480 resolution

e Viewing area — 132.5 mm w x
99.6 mm h (165 mm diagonal)
[5.22 in w x 3.92in h (6.5 in diagonal)]

¢ Adjustable intensity backlight

¢ Eight sealed switch inputs
— Four illuminated push buttons
— One four-way rocker button

Video Decoder Interface
e Four analog video inputs

e Picture in Picture (PIP) capability
enables you to view all four cameras at
the same time (1/4 size)

¢ Auto detect of NTSC/PAL supporting
worldwide standards — 12 or 24-volt
cameras

Color MPD Mechanical Features

Communication Interface
e One USB 2.0

e Two CAN data links supporting SAE
J1939 protocol

External 1/0
¢ One digital input (lamp on)

e Two alarm outputs
— 300 mA NC relay
— 300 mA high side driver with
diagnostic

Power Supply
e Wide range 9to 32 VDC

¢ Reverse and transient voltage protected

With much of the same look and feel, the new Color MPD is a

“drop-in” replacement for the current MPD.

¢ Panel and swivel style mounting systems with a similar

mounting “footprint” to the current MPD

¢ Sealed to a minimum rating of (IP68) 5 psi for operation in the

harsh marine environment

¢ Configuration via Caterpillar ET or directly from the display

e SAE J1939 communications
e ECU diagnostics
e MSCS diagnostics

¢ Asingle high-speed, two-wire data link carries all engine and
transmission information from the engine electronic control

unit to the monitor.

¢ The Cat Color MPD is compatible with all currently available
Cat electronically controlled marine engines from the C7 to the

3500C series.

¢ Up to eight MPD locations can be supported.
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