














Specifications
I-4, 4-Stroke-Cycle-Diesel
Displacement — L (cu in).................................................. 4.4 (269)
Bore — mm (in)................................................................. 105 (4.13)
Stroke — mm (in).............................................................. 127 (4.99)

Refill Capacity — L (U.S. gal)
	 Cooling System (engine and expansion tank)
		  Heat Exchanger- & Keel-Cooled........................... 16.5 (4.36)
		  Radiator Cooled........................................................ 17.5 (4.62)
	 Lube Oil System............................................................. 8.5 (2.25)

Oil Change Interval.......................................................... 500 hours

Dimensions
Naturally Aspirated
	 Length — mm (in)..................................................... 1422 (55.98)
	W idth (with mounting brackets) — mm (in)........... 700 (27.56)
	 Height* — mm (in).................................................... 1010 (39.80)

Turbocharged
	 Length — mm (in)..................................................... 1529 (60.20)
	W idth (with mounting brackets) — mm (in)........... 700 (27.56)
	 Height* — mm (in).................................................... 1055 (41.50)

Turbocharged-Aftercooled
	 Length — mm (in)................................. 1529-1589 (60.20-62.56)
	W idth (with mounting brackets) — mm (in)........... 724 (28.54)
	 Height* — mm (in).................................................... 1132 (44.60)

*Caterpillar height dimensions do not include remote-mounted air 

filter or electronic control panel.

c4.4 GEnERatOR sEts

Dimensions
Front View

Right Side View

Top View


